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Tabela e péermbajtjes

1 Rreth dokumentacionit 6
1.1 Rreth Kétij dokumenti...........oooeeeiiiiiiiiiiieee e 6
2 Rreth kutisé 6
2.1 Njésia e brendshme ..........ccooiiiiiiiiii e 6
211 Hegja e aksesoréve nga njésia e brendshme 6
Rreth njésisé 6
Pérgatitja
4.1 Pérgatitja e vendit t€ instalimit.............ccoooiiiiiie 7
411 Kérkesat e vendit té instalimit t& njésisé sé jashtme... 7
5 Instalimi 7
5.1 Hapja e njésisé sé brendshme ... 7
511 Hegja e panelit té€ pérparmé. 7
512 Ri-instalimi i panelit t&€ pérparmé................ccccccoeneee. 7
5.1.3 Heqja e rrietés sé pérparme ...........ccoceevviiiieniiiinens 7
514 Ri-instalimi i rrjetés s€ pérparme ..........ccccoeeevieninene 7
5.1.5  Heqja e kapakut té kutisé s€ instalimeve elektrike ..... 8
5.1.6 Si té& hapni kapakun e shérbimit.............ccccoeeiiinn. 8
5.2 Instalimi i njésisé sé brendshme ..........c.coceiiiiiiiiiccie 8
521 Ri-instalimi i pllakés s& montimit............cccccceeeeienenn. 8
5.2.2 Si té shponi njé vrimé Né mur .........cccceeiiiiiieiiiees 9
5.2.3 Si té higni kapakun e portés sé tubit..............cccceene. 9
5.2.4  Sigurimii Kullimit .........coooooiiiiiiii e 9
5.3 Lidhja e tubacionit té ftohésit.............ccooiviiiii 11
5.31 Lidhja e tubacionit té ftohésit me njésiné e
brendshme ..o 11
5.4 Lidhja e instalimeve elektrike ...........c.ccccoviiiiiiiiiiiiis 11
5.4.1 Lidhja e instalimeve elektrike te njésia e brendshme.. 11
5.5  Pérfundimi i instalimit t& njésisé sé brendshme ....................... 12
55.1 1zolimi i tubacionit té kullimit, té ftohésit dhe kabllos
S€ NAEMIANIES ..o 12
5.5.2 Kalimi i tubave ftohésit pérmes vrimés sé murit.......... 12
5.5.3 Fiksimi i njésisé mbi pllakén e montimit...................... 12
6 Vénia né puné 12
6.1 Kontrollo listén e artikujve para autorizimit............cccocceeeeenenns 12
6.2 Kryerja e njé testimi........cccoiiiiiiiie e 13
6.2.1 Kryerja e njé ekzekutim testimi né sezonin e dimrit.... 13
Hedhja 13
Té dhénat teknike 14
8.1 Diagrami i instalimeve .........c.ccooiiiiiiiiiiiie e 14
1 Rreth dokumentacionit

1.1 Rreth kétij dokumenti

INFORMACION

Kontrolloni gé pérdoruesi e ka dokumentacionin té printuar
dhe kérkojini qé ta mbajé pér referencé né té ardhmen.

Audienca e synuar

Instaluesit e autorizuar

INFORMACION

Qéllimi i késaj pajisjeje éshté pérdorimi nga pérdoruesit
eksperté ose té trajnuar né dyqane, né industriné e lehté
dhe ferma, ose pér pérdorim tregtar ose shtépiak nga jo
profesionisté.

Seti i dokumentacionit

Ky dokument éshté pjesé e setit t¢ dokumentacionit. Seti i ploté
pérbéhet nga:

= Masat e pérgjithshme paraprake mbi siguriné:
= Udhézimet mbi siguriné gé DUHET té lexoni para instalimit
= Formati: Letér (te kutia e njésisé sé brendshme)
= Manuali i instalimit té njésisé sé brendshme:
= Udhézimet e instalimit
= Formati: Letér (te kutia e njésisé sé brendshme)
= Udhézuesi referencé i instaluesit:
= Pérgatitja e instalimit, praktikat e mira, t& dhénat referencg, ...

= Formati: Skedaré digjitalé né http://www.daikineurope.com/
support-and-manuals/product-information/

Rishikimet mé té fundit t& dokumentacionit s€ dhéné mund té jené té
disponueshme né fagen rajonale Daikin té internetit ose pérmes
shitésit ténd.

Dokumentacioni origjinal éshté i shkruar né anglisht. Té gjitha gjuhét
e tjera jané pérkthime.

Té dhénat teknike inxhinierike

= Njé néngrup i t¢ dhénave mé té fundit teknike disponohen né
fagen rajonale té internetit Daikin (e aksesueshme nga publiku).

* Grupi i ploté i t¢ dhénave mé té fundit teknike disponohen né
ekstranetin Daikin (kérkohet vértetimi).

2 Rreth kutise

21 Njésia e brendshme

INFORMACION

Figurat e méposhtme jané thjesht shembull dhe NUK
mund té pérputhen plotésisht me planin e sistemit tuaj.

211 Heqgja e aksesoréve nga njésia e
brendshme

1 Higni aksesorét né fund té paketimit.

a b ¢ d e f g
1%

1% 1x 2x 2x 2% [1x

a Manualii instalimit

b Manuali i pérdorimit

¢ Masat e pérgjithshme paraprake mbi siguriné

d Filtri aromatizues e apatitit prej titani dhe filtri i grimcés sé
argjendté (vetém pér FTXP)

e Vidha e montimit t€ njésisé sé brendshme (M4x12L).
Referojuni "5.5.3 Fiksimi i njésisé mbi pllakén e
montimit" né fagen 12.

f Bateri e thaté AAA.LRO3 (alkali) pér ndérfagen e
pérdoruesit

g Zotéruesii ndérfages sé pérdoruesit

h Ndérfagja e pérdoruesit

i Pllaka e montimit

3 Rreth njésise

ALARM: MATERIAL | NDEZSHEM

Ftohési brenda késaj njésie digjet lehtésisht.
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4 Peérgatitja

4 Pérgatitja

41 Pérgatitja e vendit té instalimit

A ALARM

Pajisa do té ruhet né nj¢ dhomé pa burime ndezjesh me
operim té vazhdueshém (shembull: flaké té hapura, njé
pajisje me gaz ose njé ngrohés me energji elektrike).

411 Kérkesat e vendit té instalimit té njésisé
sé jashtme

INFORMACION

Niveli i presionit té zérit éshté mé pak se 70 dBA.

= Rryma e ajrit. Sigurohu qé asgjé t& mos bllokojé rrymén e ajrit.
= Kullimi. Sigurohu gé uji i kondensuar mund té higet si¢ duhet.

= Izolimi i murit. Kur kushtet né mur kalojné 30°C dhe kur né mur
vendoset njé lagéshti relative prej 80% ose ajér i freskét, atéheré
kérkohet izolimi shtes€ (minimumi 10 mm trashési, sfungjer
polietileni).

» Forca e murit. Kontrolloni nése muri ose dyshemeja jané té
géndrueshém pér té mbéshtetur peshén e njésisé. Nése ka rrezik,
pérforconi murin ose dyshemené para instalimit t€ njésisé.

= Hapésira. Instaloni njésiné té paktén 1.8 m nga dyshemeja dhe
mbani parasysh kéto kérkesa pér distancat nga muret dhe tavani:

s - N
250 250
(mm)
5 Instalimi
5.1 Hapja e njésisé sé brendshme

51.1 Hegja e panelit té pérparmé

1 Mbajeni panelin e pérparmé nga kapéset né té dy krahét dhe
hapeni.

a Mbajtéset e panelit

2 Higni panelin e pérparmé duke e shtyré nga e majta ose e
djathta dhe duke e térhequr para.

Rezultati: Boshti i panelit t&¢ pérparmé né 1 ané do té
shképutet.

3 Shképutni boshtin e panelit t&¢ pérparmé né anén tjetér po
njésoj.

a Boshtii panelit t& pérparmé

5.1.2 Ri-instalimi i panelit té pérparmé

1 Ngjitni panelin e pérparmé&. Drejtoni boshtet me slotet dhe
shtyjini pérbrenda deri né fund.

2 Mbylini panelin e pérparmé ngadalé dhe shtypni né gendér né
té dy krahét.

51.3 Hegqja e rrjetés sé pérparme

A KUJDES

Mbaj veshur pajisje té pérshtatshme mbrojtése personale
(doreza mbrojtése, syze sigurie,...) kur kryen instalimin,
mirémbajtjen ose servisin e sistemit.

1 Higni panelin e pérparmé pér té hequr filtrin e ajrit.

2 Higni 2 vidha (kategoria 20~35) ose 3 vidha (kategoria 50~71)
nga rrjeta e pérparme.

3 Shtyni pér poshté 3 grremgat e sipérm té€ shénuar me njé
simbol prej 3 rrathésh.

Lt

LTI RRRER R
a Grremgii sipérm
b  Simboli me 3 rrathé

4 Ne rekomandojmé hapjen e kapakut t&€ xhepit para hegjes sé
rrietés sé pérparme.

5 Vendosni té€ dy duart poshté mesit t& rrietés sé pérparme,
shtyjeni pér lart dhe pastaj drejt jush.

51.4 Ri-instalimi i rrjetés sé pérparme

1 Instaloni rrietén e pérparme dhe shtréngoni fort 3 grremcat e
sipérm.

2 Vendosni sérish 2 vidhat (kategoria 20~35) ose 3 vidhat
(kategoria 50~71) nga rrjeta e pérparme.

3 Instaloni filtrin e ajrit dhe pastaj montoni panelin e pérparmé.

FTXP50~71M2V1B + FTXF20~71A2V1B
Kondicionieri Daikin pér dhomé
3P512025-7H — 2018.09
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5 Instalimi

5.1.5 Hegja e kapakut té kutisé sé instalimeve
elektrike
1 Hegqja e rrjetés sé pérparme.
Higni 1 vidhé nga kutia e instalimeve elektrike.

Hapni kapakun e kutisé sé instalimeve elektrike duke térhequr
pjesén e dalé sipér kapakut.

4 Lironi mbajtésen né fund dhe higni kapakun e kutisé sé
instalimeve elektrike.

a Mbajtésja
b Pjesa e dalé sipér kapakut
¢ Vidha
5 Pér té ri-instaluar kapakun, sé pari shtréngoni mbajtésen né
fund me kutiné e instalimeve elektrike, dhe Iévizni kapakun né 2
mbajtéset e sipérme.

Kategoria 20~35:

[V
o
(2]
[
(7]

5.1.6 Si té hapni kapakun e shérbimit
1 Higni 1 vidhé nga kapaku i shérbimit.

2 Térhigni horizontalisht kapakun e shérbimit nga njésia.

a Vidha e kapakut té€ shérbimit
b Kapaku i shérbimit

5.2 Instalimi i njésisé sé brendshme

5.21 Ri-instalimi i pllakés sé montimit

1 Instalimi i pérkohshém i pllakés sé montimit.
2 Niveloni pllakén e montimit.

3 Shénoni gendrat e pikave té€ shpimit né mur duke pérdorur njé
matés. Vendoseni metrin matés te simboli ">".

4 Mbaroni instalimin duke siguruar pllakén e montimit né mur
duke pérdorur vidha M4x25L (furnizuar nga klienti).

INFORMACION

Kapaku i portés sé tubit t&¢ hequr mund t& mbahet né njé
xhep té pllakés sé montimit.

¢
i

17

116.5

285

445
—
/

\\\
/
445

£
Y

(mm)
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5 Instalimi

Kategoria 50~71:

295

Pikat e fiksimit té pllakés s& montimit t&€ rekomanduar
Xhep pér kapakun e portés sé tubit

Mbajtéset pér vendosjen e njé niveluesi

Pérmes vrimés sé& murit @65 mm

Pozicioni i zorrés sé kullimit

Pozicioni pér metrin matés te simboli ">"

Fundi i tubit t& gazrave

Fundi i tubit té Iéngjeve

TQ a0 Q20T QO

5.2.2 Si té shponi njé vrimé né mur

A KUJDES

Pér muret gé pérmbajné njé kornizé ose dérrasé metalike,
pérdorni njé tub té futur né mur dhe veshje muri te
mekanizmi i furnizimit pérmes vrimés pér té parandaluar
njé nxehtési t&€ mundshme, shok elektrik apo zjarr.

NJOFTIM

Sigurohuni té izoloni boshlléget pérreth tubave me material
izolues (siguruar nga instaluesi) pér té& parandaluar
rrjedhjen e ujit.

1 Hapni njé mekanizém furnizimi 65 mm té€ madh pérmes vrimés
né mur me njé pjerrési tatépjeté drejt pjesés sé jashtme.

2 Vendosni njé tub muri té futur né€ vrimé.

3 Vendosni njé veshje muri né tubin e murit.
ab

0 N

b a (mm)
a Tubacioni i futur né mur
b Stuko
¢ Kapaku i vrimés sé murit
4 Pas pérfundimit té instalimeve, vendosjes sé tubacionit té
ftohésit dhe kullimit, MOS harroni té izoloni boshllékun me
stuko.

5.2.3 Si té higni kapakun e portés sé tubit

Pér té lidhur tubacionin né krahun e djathté, né fund djathtas, né
krahun e majtés ose né fund majtas, kapaku i portés sé tubit DUHET
té hiqget.

1 Prisni kapakun e portés sé tubit nga brenda rrjeté€s sé€ pérparme
duke pérdorur njé sharré né formé U-je.

2 Higni ¢do rrodhe pérgjaté pjesés sé prerjes duke pérdorur njé
limé gjilpéré gjysmé té rrumbullakét.

@ NJOFTIM

MOS pérdorni pinca pér t€ hequr kapakun e portés sé
tubit, sepse kjo do t& démtonte rrjetén e pérparme.

5.24 Sigurimi i kullimit

Sigurohu gé uji i kondensuar mund té higet si¢ duhet. Kjo pérfshin:
= Udhézimet e pérgjithshme
= Lidhjen e tubacionit t& kullimit me njésiné e brendshme

= Kontrollin pér rriedhje uji

Udhézimet e pérgjithshme

= Gjatésia e tubit. Mbaje tubacionin e kullimit sa mé té shkurtér té
jeté e mundur.

= Madhésia e tubit. Nése kérkohet zgjatimi i zorrés sé kullimit ose
tubacioni i futur i kullimit, pérdorni pjesé té pérshtatshme gé
pérputhen me fundin e pjesés sé pérparme té zorrés.

FTXP50~71M2V1B + FTXF20~71A2V1B
Kondicionieri Daikin pér dhomé
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5 Instalimi

|L216
18

@ NJOFTIM

= Instaloni zorrén e kullimit me njé pjerrési tatépjeté.
= Laget NUK lejohen.

= MOS e fusni pjesén fundore té zorrés né ujé.

= Zgjatimi i zorrés sé kullimit. Pér ta zgjatur zorrén e kullimit,
pérdorni njé zorré me diametér t€ brendshém @16 mm. MOS
harroni té pérdorni tub pér izolimin e nxehtésisé né pjesén e
brendshme té zorrés sé zgjatimit.

‘ i a © b

% I

a Zorré kullimi siguruar me njésiné e brendshme
b Tubiiizolimit t&€ nxehtésisé (siguruar nga klienti)
c Zorré zgjatimi pér kullim

i

= Tub i pathyeshém klorid polivinili. Kur lidhni njé tub té
pathyeshém klorid polivinili (vlera nominale @13 mm) direkt me
zorrén e kullimit si dhe me tubacionin e futur, pérdorni njé fole
kullimi qé sigurohet nga klienti (vlera nominale @13 mm).

@ b c
2 | |
L = S D B
4
a Zorré kullimi siguruar me njésiné e brendshme
b Foleja e kullimit me vleré nominale @13 mm (siguruar nga
klienti)
¢ Tub i pathyeshém klorid polivinili (siguruar nga klienti)
= Kondensimi. Merr masa kundér kondensimit. Izolo tubacionin e
ploté té kullimit né ndértesé.

1 Vendosni zorrén e kullimit né tubin e kullimit si¢ tregohet né
figurén vijuese, qé t& MOS nxirret nga tubi i kullimit.

| O

250

| mm

Lidhja e tubacionit né krahun e djathté, né pjesén
e pasme ose fundore djathtas

INFORMACION

Kur del nga fabrika tubacioni éshté nga krahu i djathté. Pér
tubacionin e krahut t&€ majté, higni tubacionin nga ana e
djathté dhe instalojeni né anén e majté.

1 Ngjitni zorrén e kullimit me ngjités adeziv te fundi i tubave té
ftohésit.

2 Mbéshtilleni bashké zorrén e kullimit dhe tubat e ftohésit duke
pérdorur izolant.

Cc

A Tubacioni i krahut té djathté

B  Tubacioni fundor djathtas

C Tubacioni fundor prapa

a Higni kapakun e portés sé tubit kétu pér tubacionin e
krahut té djathté.

b Higni kapakun e portés sé tubit kétu pér tubacionin fundor
djathtas.

Lidhja e tubacionit né krahun e majté, né pjesén e
pasme ose fundore majtas

INFORMACION

Kur del nga fabrika tubacioni éshté nga krahu i djathté. Pér
tubacionin e krahut t& majté, higni tubacionin nga ana e
djathté dhe instalojeni né anén e majté.

1 Higni vidhén e fiksimit t& izolimit né krahun e djathté dhe higni
zorrén e kullimit.

2 Higni kandelen e kullimit né anén e majté dhe ngjiteni me anén
e djathté.

Q NJOFTIM

MOS pérdorni vaj lubrifikues (vaj ftohési) né kandelen e
kullimit kur e vendosni brenda. Kandelja e kullimit mund té
pérkeqésohet dhe shkaktojé rriedhje kullimi nga kandelja.

a celés heksagonal 4 mm

3 Vendosni zorrén e kullimit né krahun e majté dhe mos harroni
ta shtréngoni me vidhén e fiksimit; pérndryshe mund té keté
rriedhje uji.

a Vidha e fiksimit té izolimit
b Zorra e kullimit

4 Ngjitni zorrén e kullimit dhe tubat e ftohésit nga ana fundore
duke pérdorur izolant.
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5 Instalimi

Tubacioni i krahut t& maijté

Tubacioni prapa majtas

Tubacioni fundor majtas

Higni kapakun e portés sé tubit kétu pér tubacionin e
krahut t& maijté.

Higni kapakun e portés sé tubit kétu pér tubacionin e
krahut té& maijté.

o OW>

=3

Kontrolli pér rrjedhje uji
1 Higni filtrat e ajrit.

2 Hidhni ngadalé rreth 1 | ujé né tabakané e kullimit dhe
kontrolloni pér rriedhje uji.

5.3 Lidhja e tubacionit té ftohésit

RREZIK: RREZIK DJEGIE

5.3.1 Lidhja e tubacionit té ftohésit me njésiné
e brendshme

= Gjatésia e tubit. Mbajeni tubacionin e ftohésit sa mé té shkurtér
té jeté e mundur.

= Lidhjet e telit té zgjeruar. Lidhni tubacionin e ftohésit me njésiné
duke pérdorur lidhjet e telit té zgjeruar.

= lzolimi. Izoloni tubacionin e ftohésit, kabllon e ndérlidhjes dhe
zorrén e kullimit te njésia e brendshme si vijon:

Tubi i gazrave

I1zolimi i tubit t€ gazrave
Kablloja e ndérlidhjes
Tubi i Iéngjeve

Izolimi i tubit té Iéngjeve
Ngjitésja

Zorra e kullimit

g
NJOFTIM

Sigurohu té izolosh té gjithé tubacionin e ftohésit. Cdo
tubacion i ekspozuar mund té shkaktojé kondensim.

a
b
c
d
e

f

Lidhja e instalimeve elektrike

54
RREZIK: RREZIK VRASJEJE
ELEKTRIKE

NGA GODITJA

ALARM

GJITHMONE pérdor kabllo me shumé bérthama pér
kabllot e furnizimit me energji elektrike.

A ALARM

Nése kordoni i korrentit éshté i démtuar, DUHET té
ndérrohet nga prodhuesi, agjenti i shérbimit ose persona té
ngjashém té kualifikuar pér t& shmangur njé rrezik.

A ALARM

MOS e lidhni furnizimin e energjisé me njésiné e
brendshme. Kjo mund té rezultojé né shok elektrik ose
Zjarr.

A ALARM

= MOS pérdorni pjesé elektrike té blera lokalisht brenda
produktit.

= MOS e degézoni furnizimin me energji elektrike pér
pompén e kullimit, etj. nga blloku terminal. Kjo mund té
rezultojé né shok elektrik ose zjarr.

A ALARM

Sistemin e instalimit t&€ ndérlidhjes mbajeni larg tubave té
bakrit pa izolim termal, sepse mund té jené shumé té
nxehta.

541 Lidhja e instalimeve elektrike te njésia e
brendshme

Punimet elektrike duhet t& kryhen né pérputhje me manualin e
instalimit dhe rregullat kombétare té instalimeve elektrike ose kodit
té praktikés.

1 Vendoseni njésiné e brendshme mbi mbajtéset e pllakés sé
montimit. Pérdorni shénimet "A" si udhézues.

a Pllaka e montimit (aksesor)
b Kablloja e ndérlidhjes
¢ Udhézuesi i telit

2 Hapni panelin e pérparmé dhe pastaj kapakun e shérbimit.
Referojuni "5.1 Hapja e njésisé sé brendshme" né fagen 7.

3 Kaloni kabllon e ndérlidhjes nga njésia e jashtme pérmes
mekanizmit té furnizimit dhe vrima e murit, népérmjet pjesés
prapa té njésisé sé brendshme dhe nga ana para.

Shénim: Né rast se kablloja e ndérlidhjes éshté zhveshur pérpara,
mbuloni pjesén fundore me izolant.

4 Lakoni fundin e kabllos me drejtim nga lart.

@ NJOFTIM

= Sigurohuni ta mbani linjen e energjisé dhe té
transmetimit t&€ ndaré nga njéra-tjetra. Instalimet
elektrike té transmetimit dhe furnizimi me energji
elektrike mund té krygézohen, por NUK mund té
punojné paralel.

= Pér té shmangur ¢do lloj interferimi elektrik distanca
mes té dy instalimeve duhet té jeté GJITHMONE té
paktén 50 mm.

A ALARM

Merr masa té pérshtatshme pér té parandaluar gé njésia té
pérdoret si strehé nga kafshé té vogla. Kafshét e vogla qé
bien né kontakt me pjesét elektrike mund té shkaktojné
ndérprerjen e funksionit, tym ose zjarr.

Zhvishni rreth 15 mm pjesét fundore té telit.

Pérshtatni ngjyrat e telit me numra terminali né blloget terminale
té njésisé dhe vidhosni miré telat me terminalet pérkatése.

7 Lidhni telat e tokézimit me terminalet pérkatése.
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6 Vénia né puné

8 Ndreqni telat me vidhat e terminalit.
9 Térhigni telat pér t'u siguruar qé jané té ngjitur né ményré té
sigurt, pastaj ruani telat me mbajtésen e telave.

10 Jepni formé telave gé kapaku i shérbimit t& pérshtatet miré,
pastaj mbylleni até.

5.5 Pérfundimi i instalimit té njésisé sé
brendshme

5.5.1 Izolimi i tubacionit té kullimit, té ftohésit
dhe kabllos sé ndérlidhjes

1 Pas pérfundimit t& tubacionit t& kullimit, t& ftohésit dhe kabllos
sé€ ndérlidhjes. Mbéshtillini bashké tubat e ftohésit, kabllon e
ndérlidhjes dhe zorrén e kullimit duke pérdorur izolantin.
Pérkoni té paktén gjysmén e gjerésisé sé ngjit€ses nga secila

radhé.
i T/ L.
,_,\

o

Zorra e kullimit

Kablloja e ndérlidhjes

Pllaka e montimit (aksesor)

Tubat e ftohésit

Vidha e montimit té njésisé sé brendshme M4x12L
(aksesor)

Korniza fundore

AN

®OQ0T O

-

5.5.2 Kalimi i tubave ftohésit pérmes vrimés sé
murit

1 Rregulloni tubat e ftohésit pérgjaté linjeés sé tubacionit né
pllakén e montimit.

Zorra e kullimit

Stukoni vrimén me stuko ose material stukues.
Ngjités adeziv

Izolant

Pllaka e montimit (aksesor)

®Q0TO

@ NJOFTIM

= MOS i pérkulni tubat e ftohésit.

= MOS i shtyni tubat e ftohésit brenda kornizés fundore
ose rrjetés sé pérparme.

2 Kalojeni zorrén e kullimit dhe tubat e ftohésit pérmes vrimés sé
murit.
5.5.3 Fiksimi i njésisé mbi pllakén e montimit

1 Vendoseni njésiné e brendshme mbi mbajtéset e pllakés sé
montimit. Pérdorni shénimet "A" si udhézues.

P
[ S

2 Shtypni kornizén fundore té njésis€é me té dy duart pér ta
vendosur mbi grremcat fundoré t&€ montimit. Sigurohuni gé telat
NUK ngjeshén kund.

Shénim: Siguroni gé kablloja e ndérlidhjes NUK kapet te njésia e
brendshme.

3 Shtypni buzén fundore té njésisé sé brendshme té dy duart
derisa té kapet miré nga grremcat e pllakés sé montimit.

4 Siguroni njésiné e brendshme me pllakén e montimit duke
pérdorur 2 vidha t€ montimit t€ njésisé sé brendshme M4x12L
(aksesor).

6 Vénia né puné

@ NJOFTIM

KURRE mos e pérdor njésiné pa rezistorét elektriké dhe/
ose sensorét/celésat e presionit. Kjo mund té rezultojé né
djegien e kompresorit.

6.1 Kontrollo listén e artikujve para
autorizimit
MOS e pérdorni sistemin para se té jené né rregull kéto kontrolle:
] Lexo udhézimet e instalimit t€ ploté, si¢ pérshkruhen né
udhézuesin e instaluesit té referimit.
] Njésité e brendshme jané montuar si¢ duhet.
] Njésia e jashtme éshté montuar si¢ duhet.
] Hyrja/dalja e ajrit
Kontrolloni qé hyrja dhe dalja e ajrit nga njésia NUK
pengohet nga letra, kartoni apo ndonjé material tjetér.
] NUK ka faza gé mungojné apo qé kthehen mbrapsht.
] Tubat e ftohésit (t€ gazit dhe Iéngut) jané té izoluara
termikisht.
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7 Hedhja

Pér njésité FTXF

7 Shtypni pér té ndezur sistemin.

( ~ W TEMP
8 Shtypni mesin e ITEMP|, M dhe njékohésisht.
9 Shtypni dy heré.

Rezultati: 7~ do té shfaget né monitor. Eshté zgjedhur operimi i
ekzekutimit té testimit. Operimi i ekzekutimit t€ testimit ndalon
automatikisht pas 30 minutave.

10 Pér té ndaluar operimin, shtypni .

INFORMACION

Disa nga funksionet NUK MUND té pérdoren né gjendjen e
operimit té& ekzekutimit té testimit.

Nése gjaté pérdorimit ndodh njé avari e energjisé, sistemi rifillon
automatikisht menjéheré pas rikthimit t€ energjisé.

7 Hedhja

] Kullimi
Sigurohuni gé kullimi garkullon pa probleme.

Pasoja e mundshme: Uji i kondensuar mund té pikojé.

] Sistemi éshté tokézuar si¢c duhet dhe terminalet e
tokézimit jané shtrénguar.

Siguresat ose pajisjet e mbrojtjes té instaluara lokalisht
vendosen né pérputhje me kété dokument dhe NUK kané
kaluar né rrugé anésore.

O] Voltazhi i furnizimit me energji elektrike pérputhet me
voltazhin né etiketén identifikuese té njésisé.

(] Telat e specifikuar pérdoren pér kabllon e ndérlidhjes.

] Njésia e brendshme merr sinjale té ndérfages sé
pérdoruesit.

0] NUK ka lidhje té lira ose pérbérés té démtuar elektriké
né kutiné e gelésit.

O] Rezistenca e izolimit t& kompresorit éshté NE
RREGULL.

] NUK ka pérbérés té démtuar ose tuba té ngjeshur né
pjesén e brendshme té njésive té brendshme dhe
jashtme.

] NUK ka rrjedhje té ftohésit.

Madhésia e duhur e tubit instalohet dhe tubat izolohen si¢
duhet.

Valvulet e ndalimit (gazit dhe |éngjeve) né njésiné e
jashtme jané plotésisht té hapura.

@ NJOFTIM

MOS provoni ta ¢montoni veté sistemin: ¢montimi i
sistemit, menaxhimi i ftohésit, vajit dhe pjeséve té tjera
DUHET té pérputhet me legjislacionin né fugi. Njésité
DUHET té trajtohen né njé vend pér trajtim té specializuar
pér ripérdorim, riciklim dhe rikuperim.

6.2 Kryerja e njé testimi
Kushti paraprak: Energjia elektrike DUHET té jeté brenda rrezes sé
specifikuar.

Kushti paraprak: Ekzekutimi i testimit mund té kryhet né gjendje
ftohjeje ose ngrohjeje.

Kushti paraprak: Ekzekutimi i testimit duhet té kryhet né pérputhje
me manualin e pérdorimit té njésisé s€ brendshme pér t'u siguruar
gé té gjitha funksionet dhe pjesét funksionojné si duhet.

1 Né gjendjen ftohje, zgjidhni temperaturén mé té ulét té
programuar. Né gjendje ngrohje, zgjidhni temperaturén mé té
larté té programuar. Ekzekutimi i testimit mund té gaktivizohet
nése éshté e nevojshme.

2 Kur té mbarojé ekzekutimi i testimit, caktoni temperaturén né
njé nivel normal. Né gjendje ftohje: 26~28°C, né gjendje
ngrohje: 20~24°C.

3 Sistemi ndalon sé operuari 3 minuta pas FIKJES sé njésisé.

6.2.1 Kryerja e njé ekzekutim testimi né sezonin
e dimrit

Kur e pérdorni kondicionerin né gjendjen e Ftohjes né dimér, kalojeni

né operimin e ekzekutimit té testimit duke pérdorur metodén vijuese.

Pér njésité FTXP

[ ~ W TEMP
1 Shtypni njékohésisht | TEMP|, M dhe .
A
Shtypni | TEMP |,

2

3 Zgjidhni 7"

4 Shtypni .

5 Shtypni 0oL pér té ndezur sistemin.

Rezultati: Operimi i ekzekutimit té testimit ndalon automatikisht
pas 30 minutave.

6 Pér té ndaluar operimin, shtypni OFF ).
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8 Té dhénat teknike

8

Njé néngrup i t€ dhénave mé té fundit teknike disponohen né fagen rajonale té internetit Daikin (e aksesueshme nga publiku). Grupi i ploté i
té dhénave mé té fundit teknike disponohen né ekstranetin Daikin (kérkohet vértetimi).

Te dhénat teknike

8.1 Diagrami i instalimeve
Legjenda e diagramit té unifikuar té rrjetit té telave
Pér pjesét e aplikuara dhe numérimin, referojuni diagramit té rrjetit té telave né njési. Numérimi i pjesshém éshté me numra arabé me rend
ngjités pér secilén pjesé dhe pérfagésohet né pasqyrén mé poshté nga simboli "*" né kodin e pjesés.
a GELESI | KORRENTIT D TOKEZIMI | MBROJTUR

—@— LIDHJA @ TOKEZIMI | MBROJTUR (VIDHE)
= , D» LIDHESE @ REKTIFIKUESI
L TOKEZIMI —-)— LIDHESI | RELESE
o ] RRJETI | TELAVE NE AMBIENT TE HAPUR I%‘ LIDHESI | QARKUT TE SHKURTER
—+—F SIGURESA —O— TERMINALI
_@_ NJESIA E BRENDSHME (117 RRIPI | TERMINALIT

INDOOR

._’D‘_ NJESIA E JASHTME o e KAPESE TELI
OUTDOOR

BLK : 1z GRN : JESHIL PNK ROZE WHT : EBARDHE

BLU : BLUE GRY : GRI PRP, PPL :  VJOLLCE YLW : EVERDHE

BRN : KAF ORG : PORTOKALLI RED 1KUQ
AP DERRASA E QARKUT TE SHTYPUR PM* MODULI | ENERGJISE

BS* BUTONI FIK/NDIZ, GELESI | OPERIMIT PS FURNIZIMI ME ENERGJI SWITCHING
BZ, H*O SIRENA PTC* PTC TERMISTORI

c* : KONDENSATORI Q TRANZITORI BIPOLAR ME PORTE TE IZOLUAR
AC*, CN*, E*, HA*, HE*, HL*, HN*, :  LIDHJA, LIDHESI (IGBT)

HR*, MR*_A, MR*_B, S*, U, V, QDI GELESI | RRIEDHJEVE TE TOKEZIMIT
W, X*A, K'R_* Q'L PROTEKTORI | MBINGARKUAR

D*, V*D DIODA QM GELESI TERMAL

DB* URAE DIODES R* REZISTENCA

DS* GELESI DIP RT TERMISTORI

E*H : NGROHESI RC MARRESI

F*U, FU* (PER KARAKTERISTIKAT, :  SIGURESA s*C GELESI | KUFIZIMIT
REFEROJUNI PCB BRENDA S'L GELESI | PLUSKIMIT
NJESISE) S*NPH SENSORI | PRESIONIT (I LARTE)

FG* LIDHESI (BAZA E KORNIZES) S*NPL SENSORI | PRESIONIT (I ULET)

H* RRIPI S*PH, HPS* GELESI | PRESIONIT (I LARTE)

H*P, LED*, V'L LLAMBE PILOTI, DIODA E EMETIMIT TE DRITES S*PL GELESI | PRESIONIT (I ULET)

HAP DIODA E EMETIMIT TE DRITES ST TERMOSTATI

(MONITORI | SHERBIMIT JESHIL) S*RH SENSORI | LAGESHTISE

HIGH VOLTAGE VOLTAZH | LARTE S*W, Sw* GELESI | OPERIMIT

IES SENSORI INTELIGJENT | SYVE SA*, F1S MBROJTESI | VALES SE MADHE

IPM* MODULI INTELIGJENT | ENERGJISE SR*, WLU MARRESI | SINJALIT

KR, KCR, KFR, KHUR, K*M RELEJA MAGNETIKE ss* GELESI | PERZGJEDHESIT

L ME KORRENT SHEET METAL PLLAKA E FIKSUAR E RRIPIT TERMINAL
L BOBINE TR TRANSFORMATORI

LR REAKTORI TC, TRC TRANSMETUESI

M* MOTORI INGRANUES V¥, RV VARISTORI

M*C MOTORI | KOMPRESORIT V'R URAE DIODES

M*F MOTORI | VENTILATORIT WRC TELEKOMANDA UAJRLES

M*P MOTORI | POMPES SE KULLIMIT X TERMINALI

M*s MOTORI | LEKUNDJES XM RRIPI | TERMINALIT (BLLOKO)
MR*, MRCW*, MRM*, MRN* RELEJA MAGNETIKE Y*E BOBINA VALVUL E ZGJERIMIT
N NEUTRAL Y*R, Y*S BOBINA VALVUL E SOLENOIDIT PERMBYS
n=*, N=* NUMRI | KALIMEVE NGA BERTHAMA TE FERRITIT zc BERTHAMA FERRIT
PAM MODULIMI | AMPLITUDES SE IMPULSEVE ZF, Z°F FILTRI | ZHURMES
PCB* DERRASA E QARKUT TE SHTYPUR
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